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Panduct ® Type HN Hinged Cover Narrow Slot Wiring Duct
• Narrow slot/finger design provides excellent wire management with

smaller wire diameters and high-density components such as
terminal blocks, input/output devices, and other hardware 

• Material: Lead-free PVC

• UL Recognized continuous use temperature: 122°F (50°C)

• UL 94 flammability rating of V-0

• Conforms with NFPA 79-2007 section 13.3.1 
requirement for flame retardant material

• Provided with mounting holes

• Base and cover length is 6 feet

Part Number shown for LG (Light Gray). Available in WH (White).
Base and cover sold separately.
*“H” dimension includes duct and cover.

.20 TYP [5.0]

.50 TYP [12.7]

Multiple slot restrictors present with
2" and greater duct wall height.

Panduct ® Type H Hinged Cover Wide Slot Wiring Duct
• Wide slot/finger design provides excellent wire management in

general purpose applications and is compatible with a wide range 
of wire sizes and component types

• Material: Lead-free PVC

• Rated for continuous use temperature: 122°F (50°C)

• UL 94 flammability rating of V-0

• Conforms with NFPA 79-2007 section 13.3.1 requirement for 
flame retardant material

• Provided with standard mounting holes

• Base and cover length is 6 ft.

Part Number shown for LG (Light Gray). Available in BL (Black) and WH (White).
Base and cover sold separately.
*“H” dimension includes duct and cover.W
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Panduct ® Type HS Hinged Cover Solid Wall Raceway
• Solid wall raceway conceals and protects wiring in continuous runs

such as in low-voltage cord management applications between
control panel stations in conveyor systems

• Material: Lead-free PVC

• UL recognized continuous use temperature: 122°F (50°C)

• UL 94 flammability rating of V-0

• Supplied without mounting holes

• Base and cover length is 6 feet

Part Number shown for LG (Light Gray). For BL (Black) and WH (White) colors see color selection guide,
page C1.48.
Base and cover sold separately.
*“H” dimension includes duct and cover.

For 2" duct height:    .31" [7.9]   .80" [20.3]
3" to 4" duct height:  .31" [7.9]   1.00" [25.4]
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Base
Part Number

Duct Size (W x H)* Slot Width Cover Part
Number

Std.
Pkg.
Qty

Base
Ctn.
Qty.

Cover
Ctn.
Qty.In. mm In. mm

H1.5X2LG6 1.75 x 1.98 44.5 x 50.3 .31 7.9 HC1.5LG6 6 120 120
H1.5X3LG6 1.75 x 3.06 44.5 x 77.7 .31 7.9 HC1.5LG6 6 120 120
H2X2LG6 2.17 x 1.98 55.1 x 50.3 .31 7.9 HC2LG6 6 120 120
H2X3LG6 2.17 x 3.06 55.1 x 77.7 .31 7.9 HC2LG6 6 60 120
H2X4LG6 2.17 x 4.10 55.1 x 104.1 .31 7.9 HC2LG6 6 60 120
H3X3LG6 3.25 x 3.06 82.6 x 77.7 .31 7.9 HC3LG6 6 60 120
H3X4LG6 3.25 x 4.10 82.6 x 104.1 .31 7.9 HC3LG6 6 60 120
H4X4LG6 4.25 x 4.10 108.0 x 104.1 .31 7.9 HC4LG6 6 60 60

Base
Part Number

Duct Size (W x H)* Cover
Part Number

Std.
Pkg.
Qty.

Base
Ctn.
Qty.

Cover
Ctn.
Qty.In. mm

HS1.5X2LG6NM 1.75 x 1.98 44.5 x 50.3 HC1.5LG6 6 120 120
HS1.5X3LG6NM 1.75 x 3.06 44.5 x 77.7 HC1.5LG6 6 60 120
HS2X2LG6NM 2.17 x 1.98 55.1 x 50.3 HC2LG6 6 120 120
HS2X3LG6NM 2.17 x 3.06 55.1 x 77.7 HC2LG6 6 60 120
HS2X4LG6NM 2.17 x 4.10 55.1 x 104.1 HC2LG6 6 60 120
HS3X3LG6NM 3.25 x 3.06 82.6 x 77.7 HC3LG6 6 60 120
HS3X4LG6NM 3.25 x 4.10 82.6 x 104.1 HC3LG6 6 60 120
HS4X4LG6NM 4.25 x 4.10 108.0 x 104.1 HC4LG6 6 60 60

Base
Part Number

Duct Size (W x H*) Slot Width Cover Part
Number

Std.
Pkg.
Qty

Base
Ctn.
Qty.

Cover
Ctn.
Qty.In. mm In. mm

HN1.5X2LG6 1.75 x 1.98 44.5 x 50.3 0.20 5.0 HC1.5LG6 6 120 120
HN1.5X3LG6 1.75 x 3.06 44.5 x 77.7 0.20 5.0 HC1.5LG6 6 120 120
HN2X2LG6 2.17 x 1.98 55.1 x 50.3 0.20 5.0 HC2LG6 6 120 120
HN2X3LG6 2.17 x 3.06 55.1 x 77.7 0.20 5.0 HC2LG6 6 60 120
HN2X4LG6 2.17 x 4.10 55.1 x 104.1 0.20 5.0 HC2LG6 6 60 120
HN3X3LG6 3.25 x 3.06 82.6 x 77.7 0.20 5.0 HC3LG6 6 60 120
HN3X4LG6 3.25 x 4.10 82.6 x 104.1 0.20 5.0 HC3LG6 6 60 120
HN4X4LG6 4.25 x 4.10 108.0 x 104.1 0.20 5.0 HC4LG6 6 60 60


