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BASIS AND IS NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.
NOTES:

PART NUMBERS: SEE SHEET 3.

VISIT OUR ON-LINE CATALOG AT WWW.PANDUIT .COM
PARTS APPLICABLE FOR USE WITH THIS PRODUCT.
DIMENSIONS IN [ ] ARE METRIC,

ALL MATERTALS AND COMPONENTS USED MEET THE
MATERTAL RESTRICTIONS OF RoHS (EUROPEAN
DIRECTIVE 2011/65/EU ON THE RESTRICTION OF
HAZARDOUS SUBSTANCES) AS PROFPOSED BY THE
RoHS TECHNICAL ADAPTATION COMMITEE.
CASSETTE WEIGHT: .57 POUNDS (£259.9g)

(DOES NOT INCLUDE CABLE

JACKETED CABLE DIA.= 5.5 +/- 0.,10mm.

SEE SHEET 4 FOR WIRING.
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CASSETTE PART NUMBER DESCRIPTION
FOUYPXLNNSNF xxx OS2 Plenum - Lef't Orientation, Standard 1L
FOUYPXRNNSNF xxx 02 Plenum - Right Orientation, Standard 1L
FOUYBXLNNSNMx xx OS2 BZca - Left Orientation, Standaord 1L
FOUYBXRNNSNMx xx 0sS2 Beca - Right Orientation, Standard 1L
FOUYPZLNNSNF xxx OS2 LC/APC Plenum - Lef't Orientation, Standard 1L
FOUYPZRNNSNF xxx 0s2 LC/APC Plenum - Right Orientation, Standard 1L
FOUYBZLNNSNMx xx OS2 LC/APC BZca - Lef't Orientation, Standard 1L [%
FOUYBZRNNSNMx xx 0s2 LC/APC BZca - Right Orientation, Standard 1L
FZUYPXLENNONF x> OM4 Plenum - Lef't Orientation, Optimized IL
F ZUYPXRNNONF xxx OM4 Plenum - Right Orientation, Optimized IL
FZUYBXLNNONMx =< OM4 BZca - Left Orientation, Optimized IL
F ZUYBXRNNONMxxx OM4 Brca - Right Orientation, Optimized 1L
FZUYPXLENNNNF x < OM4 Plenum - Lef't Orientation, Ultra I[L
FZUYPXRNNNNF xxx OM4 Plenum - Right Orientotion, Ultra IL
F ZUYBXLENNNNMx < OM4 BZ2ca - Lef't Orientation, Ultra 1L
F ZUYBXRNNNNMx < OM4 BZca - Right Orientation, Ultra IL
FSUYPXLENNNNF x < OM4+ Plenum - Lef't Orientation, Ultra 1L
FSUYPXRNNNNF x> OM4+ Plenum - Right Orientation, Ultra TL =\
FSUYBXLNNNNMx < OM4+ BZca - Left Orientation, Ultra IL 47/
FSUYBXRNNNNM> < x OM4+ BZca - Right Orientation, Ultra IL
Plenum Length [(XXX) in Feet covailable in 010, 020, 030, 040, 050, 06O, 0O/0, 080, 090,
100, 150, 200, 250, 300 F
FuroClaoss Length (XXX]) in Meters available in 005, 010, 0Olb, 020, 0Oz5, 030, 040, 050,
OO, 070, 080, 090, 100 M
FLEXCORE ODF TETHERED CASSETTE, 12-PORT LC TO A
BLUNT
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Blunt End Subunit Emg | FTE@F ZFEiObuemr Ccooo‘toerd Adp@oprtteh Connector Blunt End Subunit Emg | FTE@F 250um Coated fiber Color Adp@oprtteh Connector
plee 1 BLUE 1A 1 Orange 1 BLUE 7A 13 B

2 ORANGE 1B 2 2 ORANGE /B 14
3 GREEN 2A 3 3 GREEN 8A 15
4 BROWN 2B 4 4 BROWN 88 16
5 SLATE 3A 5 5 SLATE 9A 17
) WHITE 3b &) ) WHITE 9B 18

Subunit-1 7 RED 4A 7 Subunit-2 7 RED 10A 19
8 BLACK 4C 8 8 BLACK 108 20
9 YELLOW 5A 9 9 YELLOW 11TA 21
10 VIOLET 5B 10 10 VIOLET 118 22
11 ROSE BA 11 11 ROSE 12A 23
12 AQUA 6B 12 12 AQUA 128 24 $

+ 00, - 00
I' 000 v 000
100 0"00 ,0
OO0 00
&~ Loose Color-Coded TITE
Bundled Threads (for FLEXCORE ODF TETHERED CASSETTE, 12-PORT LC TO A
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