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L ONG NUMBER NUMBER |SPLITTER ENCLOSURE DIMENSIONS
PART NUMBER DESCRIPTION RIBBON OoF

aTy OF INPUTS OUTPUTS LENGTH WIDTH THICKNESS

(L) (W) (T)
FPONSSIXIB FIBER OPTIC PLC SPLITTER 1 X 16 BARE FIBERS 2 16 1.8 14011 0.16 [41]0.16 4]
177+1"
t—————————————— 3
TAPE

INTERESTS OF PANDUIT CORP.

LONG RIBBON

NOTES
l. IDENTIFICATION:
PON PLC SPLITTER WITH BARE FIBERS

2. FIBER:
A. TYPE: 9/125um (SINGLEMODE )
B. JACKET DIAMETER: 9S00 MICRON

3. ALL PURCHASED

[TEMS MUST CONFORM TO C2-0834

PANDUIT SPECIFICATION FOR CHEMICAL SUBSTANCES

TO BE CONTROLLED

Y

TAPE

DIAGRAM

IN PROBDUCT AND PACKAGING.
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