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NOTES:

1. SEE CURRENT CATALOG FOR COMPLETE LIST OF
PARTS APPLICABLE FOR USE WITH THIS PRODUCT .

2. MATERIALS:

A. ENCLOSURE: PLASTIC

B. ADAPTERS: COMPOSITE PLASTIC

PART WEIGHT: 7 0Z [ 200 G

DIMENSIONS IN BRACKETS ARE METRIC [ mm ]

ALL DIMENSIONS ARE FOR REFERENCE ONLY

ALL MATERIALS USED MEET THE MATERIAL

RESTRICTIONS OF RoHS, (EUROCPEAN DIRECTIVE

2011/65/EC ON THE RESTRICTION OF HAZARDOUS

SUBSTANCES) AS PROPOSED BY THE RoHS

TECHNICAL ADAPTATION COMMITTEE.
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CHANNEL 1 TAP PORT
CHANNEL 2 TAP PORT

CHANNEL 1

DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.

INPUT

CHANNEL 2 OUTPUT
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OUT TO RX
CHANNEL 1 OUTPUT FRONT PANEL REAR PANEL
CHANNEL 2 INPUT
CHANNEL INPUT PORT OUTPUT PORT (70%) TAP PORT (30%)
1 1 IN FROM TX (REAR) I LIVE OUT (FRONT) 1 TAP (FRONT)
2 2 LIVE IN (FRONT) 2 OUT TO RX (REAR) 2 TAP (FRONT)
3 3 IN FROM TX (REAR) 3 LIVE OUT (FRONT) 3 TAP (FRONT)
4 4 LIVE IN (FRONT) 4 OUT TO RX (REAR) 4 TAP (FRONT)
5 5 IN FROM TX (REAR) 5 LIVE OUT (FRONT) 5 TAP (FRONT)
6 4 LIVE IN (FRONT) 6 OUT TO RX (REAR) 6 TAP (FRONT)
7 7 IN FROM TX (REAR) 7 LVE OUT (FRONT) 7 TAP (FRONT)
8 8 LIVE IN (FRONT) 8 OUT TO RX (REAR) 8 TAP (FRONT)
) 9 IN FROM TX (REAR) 9 LIVE OUT (FRONT) 9 TAP (FRONT)
10 10 LIVE IN (FRONT) 10 OUT TO RX (REAR) 10 TAP (FRONT)
11 11 IN FROM TX (REAR)| 11 LIVE OUT (FRONT) 11 TAP (FRONT)
12 lz LIVE IN (FRONT) 12 OUT TO RX (REAR) l2z TAP (FRONT)
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