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THIS COPY IS PROVIDED ON A RESTRICTED BASIS AND

[S NOT TO BE USED

IN ANY WAY DETRIMENTAL TO THE

INTERESTS OF PANDUIT CORP.
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VISIT OUR ON-LINE CATALOG AT WWW.PANDUIT.COM
FOR A LIST OF CURRENT PARTS APPLICABLE FOR
UsSE WITH THIS PRODUCT .

ALL MATERTIALS AND COMPONENTS USED MEET THE
MATERTAL RESTRICTIONS OF RoHS (EUROPEAN
DIRECTIVE 201 1/65/EU ON THE RESTRICTION OF
HAZARDOUS SUBSTANCES) AS PROPOSED BY THE
RoHS TECHNICAL ADAPTATION COMMITEE.

PART INCLUDES:
Z2- 45mm RIBOON
- BARE RIBBON
CONNECTORS ARE 1007 TESTED FOR
CHANGE MPO KEY POSITION (KEY UP, KEY DOWN)
GENDER [N SECONDS USING PANMPO-TOOL .
AVATLABLE LENGTHS ARE 1., 2. AND 3 METERS.
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